
Standard for 
PEXcellence
Watts WPRV for PEX piping systems

Watts continues to expand our PEX focused product offering with the 
latest ASTM F1960 tailpieces on our most popular Water Pressure 

Reducing Valves. These valves are tailored for simplified installation 
in PEX piping systems, featuring Lead Free* brass PEX end 

tailpieces for easy install into your PEX system. 

Features Include:

 •  PEX end designed to ASTM F1807 or ASTM F1960

 •  Integral stainless-steel strainer removable for cleaning

 •  Crimp and Cold expansion connection rated to 160psi at 73°F (23°C)

 •  Valves rated up to 400psi

*The wetted surface of this product contacted by consumable water contains less than 
0.25% of lead by weight.

LF25AUB-DU-CEF-Z3

LFN55BM1-DU-CEF

LFN45BM1-DU-CEF

Browse PEX PRV
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Watts PRV with PEX Connections

Ordering Code	 Description	
88009128	 1/2 LFN45BM1-DU-CEF

88009129	 3/4 LFN45BM1-DU-CEF

88009130	 1 LFN45BM1-DU-CEF

88009131	 1 1/4 LFN45BM1-DU-CEF

88009132	 1 1/2 LFN45BM1-DU-CEF

88009135	 1/2 LFN55BM1-DU-CEF

88009133	 3/4 LFN55BM1-DU-CEF 

88009134	 1 LFN55BM1-DU-CEF 

88009136	 1 1/4 LFN55BM1-DU-CEF

88009137	 1 1/2 LFN55BM1-DU-CEF

88009123	 1/2 LF25AUB-DU-CEF-Z3 

88009124	 3/4 LF25AUB-DU-CEF-Z3 

88009125	 1 LF25AUB-DU-CEF-Z3 

88009126	 1 1/4 LF25AUB-DU-CEF-Z3 

88009127	 1 1/2 LF25AUB-DU-CEF-Z3

0009485	 3/4 LFN45BM1-DU-PEX

0125319	 1 LFN45BM1-DU-PEX

0009573	 1/2 LFN55BM1-DU-PEX

0009587	 3/4 LFN55BM1-DU-PEX

0009637	 1 LFN55BM1-DU-PEX

0125287	 3/4 LF25AUB-DU-PEX

0125288	 1 LF25AUB-DU-PEX

Ordering Code	 Description	
88009142	 1/2 LFN45BM1-DU-PR-CEF

88009143	 3/4 LFN45BM1-DU-PR-CEF

88009144	 1 LFN45BM1-DU-PR-CEF

88009145	 1 1/4 LFN45B-DU-PR-CEF

88009146	 1 1/2 LFN45B-DU-PR-CEF

88009147	 1/2 LFN55BM1-DU-PR-CEF

88009148	 3/4 LFN55BM1-DU-PR-CEF

88009149	 1 LFN55BM1-DU-PR-CEF

88009150	 1 1/4 LFN55BDU-PR-CEF

88009151	 1 1/2 LFN55BDU-PR-CEF

88009152	 1/2 LF25AUB-DU-PR-CEF-Z3 

88009153	 3/4 LF25AUB-DU-PR-CEF-Z3 

88009154	 1 LF25AUB-DU-PR-CEF-Z3

88009155	 1 1/4 LF25AUB-DU-PR-CEF-Z3

88009156	 1 1/2 LF25AUB-DU-PR-CEF-Z3 

88009158	 3/4 LFN45BM1-DU-PR-PEX 

88009159	 1 LFN45BM1-DU-PR-PEX

88009163	 3/4 LFN55BM1-DU-PR-PEX

88009164	 1 LFN55BM1-DU-PR-PEX

88009168	 3/4 LF25AUB-DU-PR-PEX-Z3

88009169	 1 LF25AUB-DU-PR-PEX-Z3

LFN55-BM1-DU-PEX

LF25AUB-DU-PR-CEF-Z3
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